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AMTEC® screws

Button head | hexalobular drive

Steel 10 | zinc-plated | Cr(VI)-free | Self-tapping thread

Diameter Pitch Tool
nominal size nominal size nominal size size

2.40 1.12 0.75
3 2.80 5.8 2 1.9 2.1 2.1 1.85 1.3 1.00 2.8 T1O
3.5 2.80 6.9 2.2 2.1 2.3 2.3 1.60 1.4 1.10 3.2 T10
4 3.95 7.5 2.4 2.8 2.5 2.6 1.80 1.7 1.25 3.6 T20
5 3.95 8.2 2.9 2.8 3.0 2.9 2.20 1.8 1.40 4.6 T20
Length (1) Length (1)
nominal size nominal size
5.40 6.60 18.95 21.05
8 7.25 8.75 25 23.95 26.05
10 9.25 10.75
12 11.10 12.90
14 138.10 14.90
16 15.10 16.90
Diameter Length (1)
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