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SPREDSERT® 1

Brass | Type 0831/ 0832 / 0833

Advantages:

e For thermoplastic parts

¢ Knurled flange and anchor rings ensure high degree of security against twisting and
tensile load

e Screw locking

23 D

Diameter Article number Pitch Length () Outer L
nominal size nominal size nominal size diameter (d2) min.
4.5

08321020004 O 40 3.15 0.60 3.15
M 2.5 08321250005 0.45 3.9 4.4 5.0 2.5 0.75 3.9 5.5
M3 08321030005 0.50 3.9 4.4 5.0 3.0 0.75 3.9 5.5
M 3.5 08321350065 0.60 4.7 5.2 6.5 3.2 1.00 4.7 71
M 4 08331040008 0.70 5.35 5.9 8.0 3.5 1.30 5.35 8.7
M5 08331050095 0.80 6.35 6.9 9.5 4.0 1.30 6.35 10.3
M6 08311060011 1.00 7.85 8.4 1.0 5.0 2.00 7.85 12.0
M8 08311080013 1.25 9.5 9.8 13.0 7.0 2.00 9.5 14.0
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